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4.0 20 3012

MYLSM00502ERPL
7.9x7.9x2.3max
Vin=4.5 - 17.0V
Vo=1 - 5.25V
Io=2.5A

MYSGK1R830FRSR
11.0×14.0×8.3max
Vin=4.5 - 15.0V
Vo=0.7 - 1.8V
Io=30A

MYSGK02506BRSR
14.7x16.3x7.5max.
Vin=13.5 - 42.0V
Vo=5 - 25V
Io=6A

48

40

8.0

17

15

MYMGK00504ERSR
7.5x9.0x5.0max
Vin=8.0 - 15.0V
Vo=0.7 - 5V
Io=4A

MYMGK1R804FRSR
7.5x9.0x5.0max
Vin=4.5 - 8.0V
Vo=0.7 - 1.8V
Io=4A

6.0 16

MYMGM1R824
ELA5RA
*coming soon
9.0x10.5x5.0max
Vin=7.5 - 15.0V
Vo=0.7 - 1.8V
Io=24A

24

MYMGM1R816
ELA5RA
*coming soon
9.0x10.5x5.0max
Vin=7.5 - 15.0V
Vo=0.7 - 1.8V
Io=16A

9.0x10.5x5.6max
Vin=8.0 - 15.0V
Vo=0.7 - 1.8V
Io=12A

- Standard -

4.5

5.0

*coming soon: Please contact us for product availability and sample lead-time.

MYMGC0R88RFLF2RV
11.9x15.0x2.4max
Vin=3.3 - 5.5V
Vo=0.85V
Io=8A

MYMGC1R83BFPF2RV
11.9x15.0x2.4max
Vin=3.3 - 5.5V
4ch output 
Vo1=0.85V/3.2A, Vo2=0.85V/0.5A,
Vo3=1.2V/0.5A, Vo4=1.8V/1.5A

MYMGC3R32EFPF2RV
11.9x15.0x2.4max
Vin=4.5 - 5.5V
4ch output 
Vo1=1.2V/2.5A, Vo2=1.8V/1.0A,
Vo3=3.3V/2.0A, Vo4=2.5V/1.5A

- For FPGA -

MYMGK00506ERSR
7.5x9.0x5.0max
Vin=8.0 - 15.0V
Vo=0.7 - 5V
Io=6A

MYMGK1R806FRSR
7.5x9.0x5.0max
Vin=4.5 - 8.0V
Vo=0.7 - 1.8V
Io=6A

MYSGK4R030ERSR
11.0×14.0×8.3max
Vin=4.5 - 15.0V
Vo=0.7 – 4V
Io=30A

MYMGK1R812ERSR

MYMGK1R812ERSR-H
*coming soon

9.0x10.5x5.6max
Vin=4.5 - 8.0V
Vo=0.7 - 1.8V
Io=12A

MYMGK1R812FRSR

MYMGK1R812FRSR-H
*coming soon

9.0x10.5x5.6max
Vin=4.5 - 8.0V
Vo=0.7 - 1.8V
Io=20A

MYMGK1R820FRSR

MYMGK1R820FRSR-H
*coming soon

9.0x10.5x5.6max
Vin=8.0  - 15.0V
Vo=0.7 - 1.8V
Io=20A

MYMGK1R820ERSR

MYMGK1R820ERSR-H
*coming soon

https://power.murata.com/mylsm00502erpl.html
https://power.murata.com/mysgk1r830frsr.html
https://power.murata.com/mysgk02506brsr.html
https://power.murata.com/mymgk00504ersr.html
https://power.murata.com/mymgk1r804frsr.html
https://power.murata.com/mymgc0r88rflf2rv.html
https://power.murata.com/mymgc1r83bfpf2rv.html
https://power.murata.com/mymgc3r32efpf2rv.html
https://power.murata.com/mymgk00506ersr.html
https://power.murata.com/mymgk1r806frsr.html
https://power.murata.com/mysgk4r030ersr.html
https://power.murata.com/mymgk1r812ersr.html
https://power.murata.com/mymgk1r812frsr.html
https://power.murata.com/mymgk1r820frsr.html
https://power.murata.com/mymgk1r820ersr.html

