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Ratings: 
 
DC Input:  
Models UEI30-033-Q12, UEI30-050-Q12, UEI30-120-Q12 and UEI30-150-
Q12: +9 to +36 Vdc. 
 
Models UEI30-033-Q48, UEI30-050-Q48, UEI30-120-Q48 and UEI30-150-
Q48: +18 to +75 Vdc. 
 
DC Output: 
Models UEI30-033-Q12, UEI30-033-Q48: 3.3 Vdc, 9.0 A, 29.7 W 
Models UEI30-050-Q12, UEI30-050-Q48: 5 Vdc, 6 A, 30 W 
Models UEI30-120-Q12, UEI30-120-Q48: 12 Vdc, 2.5 A, 30 W 
Models UEI30-150-Q12, UEI30-150-Q48: 15 Vdc, 2.0 A, 30 W 
 
 
Models: 
 
UEI30 Series: Models UEI30-033-Q12, UEI30-033-Q48, UEI30-050-Q12, 
UEI30-050-Q48, UEI30-120-Q12, UEI30-120-Q48, UEI30-150-Q12 and 
UEI30-150-Q48, may be followed by additional alphanumeric suffix (wxyz). 
Where w can be N or P, x can be H, Z1 or Z2 and z can be -C or -Y. 
 
The models may be followed by additional suffix representing non-safety 
related changes/options. 
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