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LDC15 Series
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LDC18 Series

(in mm)
All the technical data and Information contained herein are subject 
to change without prior notice.

(3) (2) (1)

(4) (5) (6)

1.6±0.1

0.3±0.10.20+0.10/-0.15
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(1) : IN
(2)(5) : GND

(3) : Coupled OUT
(4) : Terminate
(6) : Main OUTA : Pin 1 Marking

A

LDC21 Series

(in mm)

IN

Main Out

∗ All the technical data and information contained herein are 
   subject to change without prior notice.

Terminate

GND

Coupled Out

2.0±0.1

1.
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±0
.1

0.95±0.1

0.3±0.10.2±0.1
0.3

0.35±0.1
0.65±0.05
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-0.2

(3) (2) (1)
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(1)     :
(2)(5) : 
(3)     :
(4)     :
(6)     :

LDC15450M25Q-360
450

±50MHz
25.1

±1.8dB
0.15 max.
(at 25°C)

38.0 1.5 50
3 max.

(50ohm Load)
CDMA450

LDC15707M21Q-360
707

±9MHz
21.1

±1.0dB
0.23 max.
(at 25°C)

35.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band12)

LDC15836M30Q-392
836.5

±12.5MHz
30.6

±1.0dB
0.20 max.
(at 25°C)

38.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band5)

LDC15874M27Q-359
874

±51MHz
27.2

±1.0dB
0.20 max.
(at 25°C)

42.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band5/8)

LDC15897M26Q-359
897.5

±17.5MHz
26.9

±1.0dB
0.20 max.
(at 25°C)

42.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band8)

LDC151G4418Q-352
1441

±12MHz
18.9

±1.0dB
0.23 max.
(at 25°C)

32.0 1.4 50
3 max.

(50ohm Load)
WCDMA

LDC151G7313Q-360
1732.5

±22.5MHz
13.6

±1.0dB
0.42 max.
(at 25°C)

24.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band4)

LDC151G7424Q-392
1747

±37.5MHz
24.1

±1.0dB
0.20 max.
(at 25°C)

30.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band4)

LDC151G7421Q-359
1747.5

±37.5MHz
21.2

±1.0dB
0.22 max.
(at 25°C)

35.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band3)

LDC151G8117Q-352
1810

±100MHz
17.0

±1.2dB
0.25 max.
(at 25°C)

32.0 1.4 50
3 max.

(50ohm Load)
GSM

LDC151G8620Q-359
1865

±115MHz
20.5

±1.0dB
0.22 max.
(at 25°C)

34.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band2)

LDC151G8824Q-393
1880

±30MHz
24.7

±1.0dB
0.20 max.
(at 25°C)

32.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band2)

LDC151G9120Q-359
1915

±65MHz
20.4

±1.0dB
0.22 max.
(at 25°C)

34.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band1)

高频元件

高
频
元
件

片状多层混合耦合器
定向耦合器

品名
频率范围

(MHz)
耦合
(dB)

插入损耗
(dB)

隔离 (最小)
(dB)

驻波比
(最大)

特性阻抗
(Nom.) (ohm)

允许功率
(W)

用途

接下页。
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LDC151G9523Q-392
1950

±30MHz
23.2

±1.0dB
0.20 max.
(at 25°C)

30.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band1)

LDC152G1419Q-359
2140

±30MHz
19.4

±1.0dB
0.26 max.
(at 25°C)

33.0 1.5 50
3 max.

(50ohm Load)
UMTS(Band1)

LDC152G3518Q-359
2350

±50MHz
18.7

±1.0dB
0.28 max.
(at 25°C)

31.0 1.4 50
3 max.

(50ohm Load)
WLAN

LDC152G4518Q-359
2450

±50MHz
18.4

±1.0dB
0.29 max.
(at 25°C)

31.0 1.4 50
3 max.

(50ohm Load)
WLAN

LDC152G5318Q-359
2535

±35MHz
18.1

±1.0dB
0.30 max.
(at 25°C)

31.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band7)

LDC18836M32Q-370
836.5

±12.5MHz
32.2

±1.2dB
0.17 max.
(at 25°C)

44.0 1.5 50
3 max.

(50ohm Load)
UMTS(Band5)

LDC18897M20Q-361
897.5

±17.5MHz
20.5

±1.0dB
0.22 max.
(at 25°C)

33.0 1.5 50
3 max.

(50ohm Load)
UMTS(Band8)

LDC181G7426Q-370
1747.5

±37.5MHz
26.0

±1.2dB
0.17 max.
(at 25°C)

49.0 1.5 50
3 max.

(50ohm Load)
UMTS(Band4)

LDC181G8825Q-370
1880.0

±30.0MHz
25.3

±1.2dB
0.22 max.
(at 25°C)

25.5 1.5 50
3 max.

(50ohm Load)
UMTS(Band2)

LDC181G9525Q-370
1950.0

±30.0MHz
25.0

±1.2dB
0.22 max.
(at 25°C)

44.0 1.5 50
3 max.

(50ohm Load)
UMTS(Band1)

LDC21836M20B-027
836.5

±12.5MHz
20.6

±1.0dB
0.15 max.
(at 25°C)

28.0 1.4 50
3 max.

(50ohm Load)
CDMA

LDC211G8820B-042
1880.0

±30.0MHz
20.0

±1.0dB
0.23 max.
(at 25°C)

26.0 1.4 50
3 max.

(50ohm Load)
CDMA

LDC211G9517B-031
1950.0

±30.0MHz
17.3

±1.0dB
0.27 max.
(at 25°C)

21.0 1.4 50
3 max.

(50ohm Load)
UMTS(Band1)

高频元件

高
频
元
件

品名
频率范围

(MHz)
耦合
(dB)

插入损耗
(dB)

隔离 (最小)
(dB)

驻波比
(最大)

特性阻抗
(Nom.) (ohm)

允许功率
(W)

用途

接上页。

工作温度范围: -40℃到+85℃       
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